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#% Specification

LAMP. 0SD-10-TV CcoMPACT SOFT-DOWN STAY Installation Ngiza &

Please read this instruction sheet carefully for proper installation and operation.
Incorrect installation and improper use of the product may damage the unit or cause injury.

About the product

@This product is a soft-down stay to be used for downward opening flap door.
@ Non-handed.
@ Apply catch or latch to keep the door closed.

In order to use the product in a safe way

)| This symbol denotes prohibited actions.
@) This symbol denotes what must be done.

(& CAUTION If these cautions are not followed, it may result in injury or damage. )

Do not put excessive force to the door as this may result in damage.
Be careful not to pinch your fingers between the arm and main body.

The position adjustment of the door should be carried out before installing this support arm.
Otherwise, the arm may be damaged.

Make sure that installation position and specifications are correct.
Note that bottom board of the cabinet and door need to be on the same plane.

Do not place any item / load on the cabinet doors during in the open position. Be sure this matter while doing
installation as well.
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Make sure to test the screws for slack at regular intervals (one month from first usage, half year and then one
time every year is recommended).
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H Mounting plate cover : 1pc
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PN o o B AFEIRU 27K
W FRAAEREEHE 0T ~ 40T M Suitable screws on body : 2pcs

B Operating temperature >
0T to 40T (32F to 104F)
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BRI —)U W Body : 1pc
ID sticker
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W Arm fixing screw : 1pc

B BEEEMRU 24K
B Suitable screws
on mounting plate : 2pcs
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M Installation : Tpc

SUGATSUNE KOGYO CO.,LTD SUGATSUNE SHANGHAI Co., LTD SUGATSUNE AMERICA, INC
Tokyo, JAPAN Shanghai, CHINA California, USA
Phone: +81 (0)3 3866 2260 E-mail:export@sugatsune.co.jp Phone: +86 21 3632 1858  E-mail:lamp@sugatsune.com.cn Phone: +1310 329 6373  E-mail:sales@sugatsune.com

Guangzhou, CHINA Chicago, USA
Phone: +86 20 6639 3552 E-mail:lamp@sugatsune.com.cn Phone: +1 312461 1081  E-mail:chi .com.

Reading,
Phone: +44 118 9272955  E-mail:sales@sugatsune.co.uk

SUGATSUNE EUROPE GmbH SUGATSUNE KOGYO INDIA PRIVATE LIMITED SUGATSUNE CANADA, INC.

Diisseldorf, GERMANY Mumbai, INDIA Phone: +1 514 312 5267 E-mail:support@sugatsune.ca
Phone: +49 211 53812900  E-mail:sales@sugatsune.eu  Phone: +91 22 28314490/91 E-mail:sales@sugatsune.in

1S09001(Japan Offices and Sugatsune America) and 1ISO14001(Chiba Production division and Logistics center), certified.
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Reference line for mounting dimensions
(Cabinet front edge)
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% Installation dimensions and reference line are unchanged whether using the SDH-001 drop hinge or piano/butt hinge.
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Mounting surface of side board

A AIEEAS

Right side |« 54

L eft side

ARIESE
Mounting surface of side board

’ (Cabinet front edge)
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Reference line for mounting dimensions
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’ Bottom end of door

H{3FIE Installation (GEIAETDIES Right side)
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How to remove Mounting plate cover
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It will be easy to turn the adjust screw if you lift up the door a little.! \_ J




