
INSTALLATION

SPECIFICATIONS DIMENSIONS

DOOR ADJUSTMENT
Vertical adjustment:( ±1 mm) Horizontal adjustment:( ±1.2 mm) Catch adjustment

❶Remove the 
catch assembly

❹Fasten

❸Adjust
❷Adjust ❶Loosen

Glass Size
Door weight

Glass thickness

Max. W600 × Max. H1200
Max. 15kg / set

5、6、8 mm

GLASS DOOR HINGE W/ CATCH 
GH- 456C　Installation Manual

Thank you for selecting our product. Before installation, please read this manual thoroughly to ensure correct installation.
 Please keep this manual at hand for future reference.

❷Loosen

❷Adjust❶Loosen
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Number of spacers according to the glass thickness
5 mm 6 mm 8 mm

3 pcs 2 pcs No need.

※2 Not required when a lock 
is used.
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Edge of side board

5 (Covering fee)

Catch ※2

Truss head screw
M3×6

Mounting Plate

Face Plate B

Fixing Plate C
Spring Washer

Adjustment roller

Truss head screw Ｍ6×12

Glass retainer D

Pad C

Spacer 

Striker Ｂ

Mounting screws ※1

※1　Hinge mounting screw
(Not provided)
Truss head tapping screw 4
or Wood screw 3.8

Countersunk head screw
M3×8

To be fastened after 
vertical adjustment
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Tightening torque： 2 N・m

After adjustment, be sure to tighten the loosened screws. 


