LAMP. GH-J9BFP s 252w az 2ot  musns
- J95 Face plate for glass door Installation Instruction
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Dear Customer :

GH-J95FP is designed and manufactured with Sugatsune’s utmost care in order to give you a high performance and smooth operation
on a long-term basis. We ask you to follow these instructions for best possible results and carefree use throughout its lifetime.

Safety recommendations:

- Sugatsune recommends for the installation to be made by a professional carpenter or installer.
- Please use this face plate only within the specifications indicated below.

Warranty

- GH-J95FP is produced with a particular attention to its guality. Should you however experience any difficulty, please refer to
your local supplier or the Sugatsune Export Department (export@sugatsune.co.jp).

- The liability of Sugatsune is limited to the replacement or repair of the product itself.
Sugatsune cannot accept any liability for damage incurred while using this product.

- Standard warranty is for one-year period from the date of shipment.
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Face Plate: 1pc. Spacer:1pc. Installation Screw(5X18):2pcs. Installation Instruction:1pc.
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GH-J95FP specifications are applicable in the list below. The list varies according to glass thickness.
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/\ Please use tempered glass.
Shatterproof film recommended.

( B~ Installation drawing )
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Please ensure to snap-on the hinge completely.
Incomplete fixation may cause door falling accident.
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E-mail : support@sugatsune.co.jp

SUGATSUNE KOGYO CO.,LTD SUGATSUNE SHANGHAI Co., LTD SUGATSUNE AMERICA, INC

Tokyo, JAPAN Shanghai, CHINA California, USA

Phone: +81 (0)3 3866 2260 E-mail:export@sugatsune.co.jp Phone: +86 21 3632 1858 E-mail:lamp@sugatsune.com.cn Phone: +1 310 329 6373  E-mail:sales@sugatsune.com
SUGATSUNE KOGYO (UK) LTD Guangzhou, CHINA lllinois, USA

Reading, UK Phone: +86 20 6639 3552 E-mail:lamp@sugatsune.com.cn Phone: +1 630 317 7072 E-mail:sales@sugatsune.com
Phone: +44 118 9272 955  E-mail:sales@sugatsune.co.uk

SUGATSUNE EUROPE GmbH SUGATSUNE KOGYO INDIA PRIVATE LIMITED SUGATSUNE CANADA, INC.

Diisseldorf, GERMANY Mumbai, INDIA
Phone: +49 211 53812900  E-mail:sales@sugatsune.eu  Phone: +91 22 28314490/91

. Phone: +1 514 312 5267 E-mail:support@sugatsune.ca
E-mail:sales@sugatsune.in
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